
Havana  LED Sconce

• Mouth blown etched opal glass
• CEC Title 24 compliant
• ETL & cETL damp location listed
• ADA compliant, low profi le design

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
85,000 hours

82" 4"

6w"

17"

• ELV dimming - see specifi cation sheet 
for list of tested dimmers

• Driver located in outlet box
• Universal driver (120V-220V-277V)

Watt
LED

Lumens
Delivered
Lumens Finish

17" WS-47617 16W 967 522 SN Satin Nickel

Example: WS-47617-SN
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Moderne  LED Sconce
• Mouth blown etched opal glass
• CEC Title 24 compliant
• ETL & cETL damp location listed 
• ADA compliant, low profi le design

• Driver located in outlet box
• ELV dimming - see specifi cation sheet 

for list of tested dimmers
• Universal driver (120V-220V-277V)

Watt
LED

Lumens
Delivered
Lumens Finish

15" WS-40615 20W 1482 887 SN Satin Nickel

Example: WS-40615-SN

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
55,000 hours 62" 3d"

102"
15"
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Delano  LED Sconce
• White mitered glass
• CEC Title 24 compliant
• ETL & cETL damp location listed
• ADA compliant, low profi le design

• ELV dimming - see specifi cation sheet 
for list of tested dimmers

• Driver located in outlet box
• Universal driver (120V-220V-277V)

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
85,000 hours

Watt
LED

Lumens
Delivered
Lumens Finish

18" WS-87618 25W 1625 1165 SN Satin Nickel

Example: WS-87618-SN

32"6"

18"
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Color Temp:
CRI:
Dimming:
Rated Life:

2700K
90
100% - 10%
50,000 hours

Dunhill  LED Vanities & Sconces
26" 28"

3"

40526

20" 28"

3"

40520

38" 28"

3"

40538

• Etched opal glass
• Vertical or horizontal mount
• ETL & cETL damp location listed
• ELV dimming - see specification sheet  

for list of tested dimmers

• ADA compliant
• Conversion plate included
• Transformer located in J box
• 277V available (special order)

Watt
LED

Lumens
Delivered
Lumens Finish

20" WS-40520 27W 1125 770

AB
AN
BB
PN

Antique Bronze
Antique Nickel
Burnished Brass
Polished Nickel

26" WS-40526 33.5W 1551 935

38" WS-40538 50W 2437 1330

Example: WS-40520-PN
For 277V special order, add an “F” before the finish: WS-40520F-PN

For alternate color temperature, special order adding -30 or -35: WS-40520-30-PN
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Corbusier  LED Sconce
• Super white mitered ceramic glazed glass
• CEC Title 24 compliance
• ETL & cETL damp location listed
• ADA compliant, low profi le design

Watt
LED

Lumens
Delivered
Lumens Finish

15" WS-42618 20W 1476 827 SN Satin Nickel

Example: WS-42618-SN

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
85,000 hours

78"

15"
10"

3a"
• ELV dimming - see specifi cation sheet 

for list of tested dimmers
• Driver located in outlet box
• Universal driver (120V-220V-277V)
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Watt
LED

Lumens
Delivered
Lumens Finish

12" WS-7312 15W 1125 615

BN
CH

Brushed Nickel
Chrome

18" WS-7318 20.5W 1555 890

Example: WS-7318-BN

Float  LED Sconce
• No visible mounting hardware
• Super white mitered ceramic

glazed glass
• CEC Title 24 compliant
• Vertical or horizontal mount
• ETL & cETL damp location listed 

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
85,000 hours

18" 3"

6"

12" 3"

6"

7318

7312
• ADA compliant, low profi le design
• ELV dimming - see specifi cation sheet 

for list of tested dimmers
• Driver located in outlet box
• Universal driver (120V-220V-277V)
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Watt
LED
Lumens

Delivered
Lumens Finish

1 Light WS-79622 25W 2390 1646

PN Polished Nickel

2 Lights WS-79636 38.5W 3472 2540

Example: WS-79622-PN
For 277V special order, add an “F” before the fi nish: WS-79636F-PN

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
45,000 hours

Bliss  LED Vanities & Sconces

2d"

32"

22"

32"

36" 2d"

79622

79636

• White mitered glass
• CEC Title 24 compliant
• Vertical or horizontal mount
• ETL & cETL damp location listed
• ADA compliant, low profi le design 

• ELV dimming - see specifi cation sheet 
for list of tested dimmers

• Conversion plate for 4" J box included
• No transformer or driver required
• 277V available (special order)
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Coco  LED Sconce
• Mouth blown etched opal glass
• CEC Title 24 compliant
• ELV dimming - see specifi cation sheet 

for list of tested dimmers

• ETL & cETL damp location listed
• Driver located in outlet box
• Universal driver (120V-220V-277V)

Height Watt
LED

Lumens
Delivered
Lumens Finish

10" WS-46609 21W 1377 873 SN Satin Nickel

Example: WS-46609-SN

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
80,000 hours

10"

10"
10w"

42"
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Bric  LED Sconce
• Sconce may be rotated 180° 

when mounting
• ETL & cETL damp location listed 
• ADA compliant, low profi le design
• ELV dimming - see specifi cation sheet 

for list of tested dimmers
• CEC Title 24 compliant

• Mounts on a 4" x 2" horizontal 
switch box

• Conversion plate for 4" J box included
• Replaceable LED module
• Approved wiring compartment is also 

within fi xture

Watt
LED

Lumens
Delivered
Lumens Finish

7" WS-11807 9W 800 660
BN
WT
BO

Brushed Nickel
White
Brushed Bronze

Example: WS-11807-BO

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
80,000 hours

3" 7"
2w"

New Brushed Bronze Finish
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Blok  LED Sconce
• Up & down light
• ETL & cETL damp location listed 
• ADA compliant, low profi le design
• ELV dimming - see specifi cation sheet 

for list of tested dimmers

• Driver located inside the fi xture
• Universal driver (120V-220V-277V)
• Emergency battery back up option 

(special order)

Watt
LED

Lumens
Delivered
Lumens Finish

12" WS-25612 29W 1479 1162 SN
WT

Satin Nickel
Textured White

Example: WS-25612-SN
For emergency battery, add -EM after the finish: WS-25612-SN-EM

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
70,000 hours

3w"

32"

12"

7"
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Mythical LED Sconce
• Clear seedy glass
• ETL & cETL damp location listed 
• ADA compliant, low profi le design
• ELV dimming - see specifi cation sheet 

for list of tested dimmers

• Up & down light
• CEC Title 24 compliant
• Driver located in outlet box
• Universal driver (120V-220V-277V)

Watt
LED

Lumens
Delivered
Lumens Finish

12" WS-12712 16W 772 559 PN Polished Nickel

Example: WS-12712-PN

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
80,000 hours

12"

24"12"

12712

111 dweLED waclighting.com



18”

52” 2”

24”

52” 2”

13”

52” 2”
12713

12718

12724

Height Watt
LED
Lumens

Delivered
Lumens Finish

Small 13”  WS-12713 5.5W 415 70

PN Polished Nickel

Medium 18”  WS-12718 10.5W 830 140

Large 24”  WS-12724 10.5W 830 160

Example: WS-12718-PN
For 277V, add an “F” before the finish: WS-12718F-PN

Mythical LED Sconce
• Clear seedy glass
• CEC Title 24 compliant
• ETL & cETL damp location listed 
• ADA compliant, low profi le design

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
80,000 hours

• ELV dimming - see specifi cation sheet 
for list of tested dimmers

• No driver or transformer needed
• 277V available (special order)
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Watt
LED

Lumens
Delivered
Lumens Finish

19" WS-85618 15.5W 1300 865

AL Brushed Alumimum25" WS-85624 20.5W 1735 1255

37" WS-85636 30W 2561 1800

Example: WS-85618-AL

Color Temp:
CRI:
Dimming:
Rated Life:

3500K
90
100% - 10%
85,000 hours

Level  LED Vanities & Sconces
85618

85624

85636

19"
3"

4"

12"

25"

3"
5"

12"

5"

37"

3" 12"

• Acrylic lens
• CEC TItle 24 compliant
• Vertical or horizontal mount
• Adjustable backplate
• ETL & cETL damp location listed
• WS-85618 is ADA compliant, 

low profi le design

• ELV dimming - see specifi cation sheet 
for list of tested dimmers

• Conversion plate for 4" J box included
• Driver located in outlet box
• Universal driver (120V-220V-277V)
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Watt
LED

Lumens
Delivered
Lumens Finish

18" WS-77618 15.5W 1300 1095

AL Brushed Alumimum24" WS-77624 20.5W 1735 1460

36" WS-77636 30W 2561 2130

Example: WS-77618-AL

Color Temp:
CRI:
Dimming:
Rated Life:

3500K
90
100% - 10%
85,000 hours

Brink  LED Vanities & Sconces 18"

3"

2w"

24"

36"

77618

77624

77636

3"

2w"

3"

2w"

• Adjustable backplate
• Co-extruded clear and white acrylic 

provides substance, luminosity and 
optical effi  cacy.

• Vertical or horizontal mount
• CEC Title 24 compliant
• ETL & cETL damp location listed

• ADA compliant, low profi le design
• ELV dimming - see specifi cation sheet for 

list of tested dimmers
• Conversion plate for 4" J box included
• Driver located in outlet box 
• Universal driver (120V-220V-277V)
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Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
65,000 hours

Laced  LED Sconce

• Mouth blown etched opal glass
• CEC Title 24 compliant
• Vertical or horizontal mount
• ETL & cETL damp location
• ADA compliant, low profi le design
• ELV dimming - see specifi cation sheet 

for list of tested dimmers
• Driver located in outlet box
• Universal driver (120V-220V-277V)

54"
22"

32"21"
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Watt
LED

Lumens
Delivered
Lumens Finish

21" WS-32621 15.5W 1030 557 BN Brushed Nickel

Example: WS-32621-BN
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Watt
LED

Lumens
Delivered
Lumens Finish

1 Light     WS-76608 8W 468 422

SN Satin Nickel2 Lights     WS-76612 15W 949 804

3 Lights     WS-76622 22W 1335 1110

Example: WS-76622-SN

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
70,000 hours

Elementum  LED Vanities & Sconces

22"

7" 42"

4"

8" 5w"

3w"5"

12" 3w"

44"6w"

76608

76612

76622

• Mouth blown etched opal glass
• Luminaire may be rotated 180° 

when mounting
• ETL & cETL damp location listed
• Up & down light

• ADA compliant, low profi le design
• ELV dimming - see specifi cation sheet 

for list of tested dimmers
• Driver located in outlet box
• Universal driver (120V-220V-277V)
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Elementum  LED Pendant
• Mouth blown etched opal glass
• Twist lock glass attachment
• CEC Title 24 compliant
• ETL & cETL damp location listed
• Universal driver (120V-220V-277V)
• Driver located in outlet box

• ELV dimming - see specifi cation 
sheet for list of tested dimmers

• Hang straight swivel
• 10' of wire included
• 1-6" and 3-12" downrods included

Watt
LED

Lumens
Delivered
Lumens Finish

11" PD-26611 15W 1187 858

SN Satin Nickel

16" PD-26616 20W 1769 1363

Example: PD-26616-SN

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
65,000 hours

34"

562"

11"

32"

16"

42"

34"

612"

26611 26616
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Watt
LED

Lumens
Delivered
Lumens Finish

6" FM-W52306 9.5W 800 680

WT White

9" FM-W52309 18W 1600 1428

Example: FM-W52306-WT
For 277V, add an “F” before the finish: FM-W52306F-WT

Niveous  LED Ceiling and Wall

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
45,000 hours

52306 52309

6"

6"

9"

9"

• Aluminum construction
• Mouth blown etched opal glass
• CEC Title 24 compliant
• Mount as a ceiling fi xture or wall sconce
• ETL & cETL Wet location, IP65 rated

• ELV dimming - see specifi cation sheet 
for list of tested dimmers

• Also rated for installation in closets 
• No transformer or driver required
• 277V available (special order)
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Mod  LED Outdoor Sconce
• Diecast aluminum construction
• Dark Sky friendly
• Luminaire may be rotated 180° 

when mounting
• ETL & cETL wet location listed, IP65

• ADA compliant 
• ELV dimming - see specifi cation sheet 

for list of tested dimmers
• Driver located inside the fi xture
• Universal driver (120V-220V-277V)

Watt
LED

Lumens
Delivered
Lumens Finish

6" WS-W65607 16.5W 1165 850 BZ
GH

Bronze
Graphite

Example: WS-W65607-GH

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
70,000 hours

54"

6"

4"
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Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
75,000 hours

Funnel  LED Vanities & Sconces

• Up & down light
• Vertical or horizontal mount (WS-W37617)
• Energy Star® rated
• CEC Title 24 compliant
• ETL & cETL Wet location listed, IP65 rated
• ELV  and 0-10V dimming - see specification 

sheet for list of tested dimmers
• Driver located inside the fixture
• Universal driver (120V-220V-277V)

5a" 62"

12"

5a" 62"

17"

37617

37612
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Watt
LED

Lumens
Delivered
Lumens Finish

12" WS-W37612 21W 1546 997

BZ Bronze

17" WS-W37617 21W 1546 960

Example: WS-W37617-BZ
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Zulu  LED Outdoor Sconce
• Aluminum construction
• Mouth blown etched opal glass
• CEC Title 24 compliant
• ETL & cETL wet location listed, IP65
• ADA compliant, low profi le design

• ELV dimming - see specifi cation sheet 
for list of tested dimmers

• No transformer or driver required
• 277V available (special order)

Watt
LED

Lumens
Delivered
Lumens Finish

12" WS-W67612 12W 875 336

BZ
TT

Bronze
Texture Titanium

16" WS-W67616 18W 1471 579

Example: WS-W67612-BZ
For 277V, add an “F” before the finish: WS-W67612F-BZ

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
90% - 10%
45,000 hours

3s"

4a"

6"

12"

67612

16"

7" 4"

6"

67616
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Watt
LED

Lumens
Delivered
Lumens Finish

10" WS-W23610 6.5W 630 120

BZ
GH

Bronze
Graphite

14" WS-W23614 12W 965 120

Example: WS-W23610-GH
For 277V special order, add an “F” before the fi nish: WS-W23610F-GH

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
45,000 hours

Folsom   LED Outdoor Sconce

3" 6w"

14"

3" 4w"

10"

23610

23614

• UV rated acrylic, aluminum construction
• Vertical or horizontal mount
• CEC Title 24 compliant
• ETL & cETL Wet Location listed, IP65 rated
• ADA compliant, low profi le design

• ELV dimming - see specifi cation sheet 
for list of tested dimmers

• No transformer or driver required
• 277V available (special order)
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Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
80,000 hours

Arch  LED Outdoor

• Mounts vertical or horizontal
• ADA compliant
• Die-cast aluminum construction
• ETL & cETL wet location listed, IP65 rated
• ELV dimming - see specifi cation sheet for 

list of tested dimmers
• 277V available (special order)

3" 5w"

13"

26513

32" 64"

18"

26518
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Watt
LED

Lumens
Delivered
Lumens Finish

13" WS-W26513 5W 154 120

BZ 
GH

Bronze
Graphite

18" WS-W26518 9.5W 398 225

Example: WS-W26518-BZ
For 277V special order, add an “F” before the finish: WS-W26518F-BZ
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Watt
LED

Lumens
Delivered
Lumens Finish

9" WS-W24509 10W 624 365

BZ 
GH

Bronze
Graphite

13" WS-W24513 10W 657 440

Example: WS-W24513-BZ
For 277V special order, add an “F” before the fi nish: WS-W24513F-BZ

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
80,000 hours

Steampunk  LED Outdoor

• Clear hammered seeded mouth blown glass
• ETL & cETL wet location listed, IP65 rated
• Die-cast Aluminum Construction
• ELV dimming - see specifi cation sheet 

for list of tested dimmers
• 277V available (special order)

84" 9a"

13"

24513

6" 78"

9"

24509
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Watt
LED

Lumens
Delivered
Lumens Finish

13" PD-W24513 10W 750 470 BZ 
GH

Bronze
Graphite

Example: PD-W24513-GH
For 277V special order, add an “F” before the fi nish: PD-W24513F-GH

13"

84"

45s"

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
80,000 hours

Steampunk  LED Outdoor Pendant

• Clear hammered seeded mouth blown glass
• ETL & cETL wet location listed, IP65 rated
• Die-cast Aluminum Construction
• ELV dimming - see specifi cation sheet for list of tested dimmers
• 277V available (special order)

Pivot hinge on canopy allows
installation on sloped ceiling
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Compass  LED Indoor/Outdoor Pendant
• Aluminum construction
• Mouth blown etched opal glass
• CEC Title 24 compliant
• 1-6" and 3-12" downrods included
• 10' of wire included
• Hang straight swivel

• ETL & cETL Wet  location listed, IP65 rated
• ELV dimming - see specifi cation sheet

for list of tested dimmers
• No transformer or driver required
• 277V available (special order)

Watt
LED

Lumens
Delivered
Lumens Finish

20" PD-W33620 35W 3200 1890 AL
BZ

Brushed Alumimum
Bronze

Example: PD-W33620-AL
For 277V, add an “F” before the finish: PD-W33620F-AL

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
35,000 hours

58"

138"20"

6"

53"
max
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Compass  LED Indoor/Outdoor Ceiling & Wall

Watt
LED

Lumens
Delivered
Lumens Finish

12" FM-W33612 19W 1647 1147

AL
BZ

Brushed Alumimum
Bronze

16" FM-W33616 35W 3112 1668

Example: FM-W33616-AL
For 277V, add an “F” before the finish: FM-W33612F-AL

Color Temp:
CRI:
Dimming:
Rated Life:

3000K
90
100% - 10%
45,000 hours

12" 3w"

16" 3m"

33616

33612• Aluminum construction 
• Mouth blown etched opal glass
• CEC  Title 24 compliant
• Mount as a ceiling fi xture or wall sconce
• ELV dimming - see specifi cation sheet 

for list of tested dimmers

• ADA compliant, low profi le design
• ETL & cETL wet location listed, IP65
• Also rated for installation in closets
• No transformer or driver required
• 277V available (special order)
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Color Temp:
CRI:
Dimming:
Rated Life:

3000K
85
100% - 10% (Integral dimmer)
70,000 hours

• Fingertip touch dimmer
• Smooth arm swivel
• ETL & cETL damp location listed
• Driver located at the plug

Flip  LED Floor

Watt
LED

Lumens
Delivered
Lumens Finish

FL-1350 8W 490 430 BZ 
TT

Bronze
Titanium

Example: FL-1350-BZ

13w"

10"

44"

11"
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Color Temp:
CRI:
Dimming:
Rated Life:

3000K
85
100% - 10% (Integral dimmer)
70,000 hours

• Fingertip touch dimmer
• Smooth arm swivel
• ETL & cETL damp location listed
• Driver located at the plug

Flip  LED Task

Watt
LED

Lumens
Delivered
Lumens Finish

TL-1310 8W 490 430 BZ 
TT

Bronze
Titanium

Example: TL-1310-BZ

10"

11"

15w"

82"
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